

Следва да бъдe
преустановен

Контролер с 32 входа
XPSMC32ZCPACK

 Преустановяване на продажбата от: 23.01.2021 г.

Основни
Гама На Продукта Preventa Safety automation

Тип Продукт Или Компонент Kit configurable safety controller

Safety Module Name XPSMC

Safety Use Category Category 4 maximum в съответствие с EN 954-1/EN/ISO 13849-1
PLE maximum в съответствие с EN/ISO 13849-1
SIL 3 maximum в съответствие с IEC 61508

Тип Стартиране Configurable

Стандарти EN/IEC 61496-1
EN 574/ISO 13851
EN/IEC 60204-1
EN 1760-1/ISO 13856-1
EN 954-1/EN/ISO 13849-1
EN/IEC 60947-5-1
IEC 61508

Продуктови Сертификати UL
TÜV
CSA

[Us] Номинално Захранващо
Напрежение

24 V DC - 20...20 %

Брой Входове 32

Протокол На Комуникационния
Порт

CANopen с 1 SUB-D 9-pin male порт(ове), Serial link 20 kbps, 50 kbps, 125 kbps,
250 kbps, 500 kbps, 800 kbps or 1 Mbps
Modbus с 1 RJ45 порт(ове), Serial link 1200 bps, 2400 bps, 4800 bps, 9600 bps or
19200 bps

Ниво На Безопасност Can reach PL e/category 4 в съответствие с EN 954-1/EN/ISO 13849-1
Can reach SIL 3 в съответствие с IEC 61508

Допълнителни устройства
Съдържание На Комплекта CANopen SUB-D female connector 180

Connection cable
USB/RS485 converter
Ethernet cable 2m
Safety controller
Set of screw terminals
Set of cage clamp terminals
Configuration software
Printed packaging label 80 x 50 mm
CANopen SUB-D female connector 90
Packaging small model for software configuration
VDE slot screwdriver 2.5 x 75 mm

Спецификация на продукт
Спецификации
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Функция На Модула Dynamic monitoring of hydraulic valves on linear presses
Eccentric press
Emergency stop monitoring, with or without time delay, 1 or 2-channel wiring
Enabling switch monitoring, 2 or 3 contacts
Foot switch monitoring
Guard monitoring for injection presses and blowing machines
Guard monitoring with 1 or 2 limit switches
Hydraulic press
Magnetic switch monitoring
Monitoring safety stop at top dead centre on eccentric press
Muting function of light curtains
Position selector
Safety mat monitoring
Safety time delays
Shaft/chain breaking monitor
Zero speed detection
Light curtain monitoring category 4 в съответствие с EN/IEC 61496
Two-hand control category 3 в съответствие с EN 574/ISO 13851

Synchronisation Time Between
Inputs

Depending on configuration selected

Консумация На Енергия В W 12 W

Тип Защита На Входа External fuse 16 A

[Uc] Контролно Напрежение 28.8 V

Maximum Line Resistance 100 Ohm <2000 m

Тип На Изходния Сигнал 2 релета, 2 NO contacts (4 NO total) верига
Твърдо състояние, 6 верига, volt-free

Изключвателна Способност 180 VA задържане AC-15 C300 Изход на реле
1800 VA inrush AC-15 C300 Изход на реле

Изключвателна Способност 2 A при 24 V за static output circuit
1,5 A при 24 V (DC-13)времева константа:50 ms за Изход на реле

Изходящ Термичен Ток 4 A for both outputs simultaneously
6 A for 1 output and 2 A for the other за Изход на реле

Номинален Термичен Ток 16 A за Изход на реле
6,5 A за static output circuit

Номинален Параметър На
Предпазителя

16 A gL за електрозахранване
4 A gL за Изход на реле
6 A fast blow за Изход на реле

Minimum Output Current 10 mA за Изход на реле

Минимално Изходно Напрежение 17 V за Изход на реле

Време За Реакция Configurable : 20 ms or 30 ms with software XPSMCWIN

[Ue] Изолационно Напрежение 300 V Ниво на замърсяване 2) в съответствие с IEC 60647-5-1, DIN VDE 0110
part 1

[Uimp] Устойчивост На Импулсно
Напрежение

4 kV III в съответствие с IEC 60647-5-1, DIN VDE 0110 part 1

Вид Достъп Подчинен

Exchange Size 14 words

Брой Адреси 1…127 за CANopen
1…247 за Modbus

Съответствие Четен за Modbus
НЕ за Modbus
Нечетен за Modbus

Формат На Данните 1 start bit/8 data bits
1 stop bit четен или нечетен
2 stop bits without parity
RTU (Remote Terminal Unit) mode

Supported Modbus Function 01: 8-bit output data/32-bit input data
02: 32-bit input data/8-bit output data
03: information and errors
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Локална Сигнализация 48 LEDs

Монтажна Подпора Монтажна плоча

Дълбочина 153 mm

Височина 151,5 mm

Широчина 74 mm

Нето Тегло На Продукта 0,84 kg

Околна среда
Степен На Защита Ip IP20 в съответствие с #N/A

Температура На Околния Въздух
При Работа

-10…55 °C

Температура На Околната Среда
За Съхранени

-25…85 °C

Опаковъчни единици
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 24,5 cm

Package 1 Width 24,5 cm

Package 1 Length 27,5 cm

Package 1 Weight 2,545 kg

Гаранции по договора
Гаранция 18 months
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Устойчиво развитие
Етикетът Green PremiumTM е ангажиментът на Schneider Electric да предостави продукти с
най-добри в своя клас екологични резултати. Green Premium обещава съответствие с най-
новите регламенти, прозрачност по отношение на въздействията върху околната среда,
както и циркулярни и нискоCO2 продукти.

Ръководство за оценка на устойчивостта на продукта е бяла книга, която пояснява
глобалните стандарти за екомаркировка и как да се тълкуват декларациите за околната
среда.

Прозрачност RoHS/REACh

Показатели за благополучие

Без Живак

Информация За Освобождаване От
Rohs

Да

Без Pvc

Сертификати и стандарти

Регламенти На Reach Декларация на REACh

Директивата За Ограничението На
Опасните Вещества На Ес

Проактивно съответствие (продукт извън правния обхват на Директивата за
ограничението на опасните вещества на ЕС)

Регламент На Китай Относно Rohs Декларация на Китай относно RoHS

Оповестяване За Опазване На Околната
Среда

Екологичен профил на продукт

Weee При прекратяване на употребата този продукт трябва да бъде премахнат в
рамките на пазара на Европейския съюз, като се следват специфичните
изисквания за събиране на отпадъци, така че той никога да не се озове в кофи
за боклук.

Профил На Циркулярност Информация за излизане от употреба

Научете повече за Green Premium 

Ръководство за оценка на устойчивостта на продукт 
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https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_REACH_DECLARATION&p_FileName=XPSMC32ZCPACK_REACH_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_REACH_DECLARATION&p_FileName=XPSMC32ZCPACK_REACH_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_REACH_DECLARATION&p_FileName=XPSMC32ZCPACK_REACH_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION&p_FileName=XPSMC32ZCPACK_ROHS_CHINA_DECLARATION_BG_bg-BG.pdf
https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP1406025EN
https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP1406025EN
https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP1406025EN
https://download.schneider-electric.com/files?p_enDocType=Circularity+Profile&p_Doc_Ref=ENVEOLI1406025EN
https://download.schneider-electric.com/files?p_enDocType=Circularity+Profile&p_Doc_Ref=ENVEOLI1406025EN
https://download.schneider-electric.com/files?p_enDocType=Circularity+Profile&p_Doc_Ref=ENVEOLI1406025EN


Dimensions Drawings

Dimensions

1 When using XPSMCTS• connectors this dimension is 153 mm (6.02 in) 

When using XPSMCTC• connectors this dimension is 151,5 mm (5.96 in) 
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Mounting and Clearance

Installation

Metal adaptor for fixing on metal: DIN rail 35 mm/1.38 in.

Спецификация на
продукт
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Connections and Schema

Wiring Diagrams

Refer to the Instruction Sheet 
To download the instruction sheet, follow below procedure:

1 Click on Download & Documents.

2 Click on Instruction sheet.

Спецификация на
продукт
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Technical Description

Safety Functions

Emergency stop monitoring with time delay:
1 channel wiring, with automatic start.
2 channel wiring, with start button.

Emergency stop monitoring without time delay:
1 channel wiring, with automatic start.
2 channel wiring, with start button.

Two-hand control.

Guard monitoring:
with 1 limit switch.
with 2 limit switches.
with 2 limit switches, with guard locking.

Guard monitoring for injection presses and blowing machines.

Magnetic switch monitoring.

• 
◦ 
◦ 

• 
◦ 
◦ 

• 

• 
◦ 
◦ 
◦ 

• 

• 
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Sensing mat monitoring.

Light curtains monitoring:
Relay output type.
Solid-state output type.

“Muting” function for light curtains.

Zero speed detection.

Dynamic monitoring of hydraulic valves on linear presses.

Safety time delays.

Monitoring safety stop at top dead centre on eccentric press.
Hydraulic press.
Eccentric press.

• 

• 
◦ 
◦ 

• 

• 

• 

• 

• 
• 
• 
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Enabling switching monitoring:
2 contact type.
3 contact type.

Other functions:

Foot switch monitoring
Chain shaft breakage monitoring
Position selector

• 
◦ 
◦ 

• 
• 
• 
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