
Painel de distribuição isolado a gás,
RM6, disjuntor de função B 630 A
RM60000B

Principal
Master Range SeT Series

Linha De Produto RM6

Nome Do Produto RM6

Number Of Functions 1

Nome Abreviado Do Dispositivo B

Functional Unit Family Line feeder

Functional Unit Circuit breaker

Type Of Extensibility NE (non extensible)
DE (double extensible)

Insulation Technology Gas insulated switchgear

Type Of Insulating Gas SF6

Number Of Phases 3

Tipo De Rede CA

Tipo De Instalação Interior

Normas IEC 62271-200:2011

Tensão De Teste Dielétrica 12 kV
17,5 kV
24 kV

Rated Short-Duration Power
Frequency Withstand Voltage (Ud)
/ Common Value

50 kV

Rated Short-Duration Power
Frequency Withstand Voltage (Ud)
/ Isolating Distance

60 kV

Rated Lightning Impulse
Withstand Voltage (Up) / Common
Value

125 kV

Rated Lightning Impulse
Withstand Voltage (Up) / Across
The Isolating Distance

145 kV

Frequência Da Rede 50/60 Hz

Rated Continuous Current Of
Busbars (Ir)

400 A
630 A

Rated Continuous Current (Ir) 630 A

[Icw] Corrente Nominal De Curta
Duração Admissível

12,5 kA
16 kA
20 kA
21 kA
25 kA

[Icw] Corrente Nominal De Curta
Duração Admissível

62,5 kA 50 Hz
65 kA 60 Hz

Folha de dados do produto
Especificações
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Rated Short-Time Withstand
Current (Ik)

12,5 kA
16 kA
20 kA
21 kA
25 kA

Rated Duration Of Short-Circuit
(Tk)

1 s
3 s

[Icw] Corrente Nominal De Curta
Duração Admissível

62,5 kA 50 Hz
65 kA 60 Hz

Filling Level For Insulation And/Or
Switching (Pre Rel.)

23 kPa

Minimum Functional Level For
Insulation And/Or Switching (Pme
Rel.)

19 kPa

Categoria De Uso LSC2

Internal Arc Classification A -FL
AFLR

Rated Arc Fault Current [Ia] 16 kA
20 kA

Rated Arc Fault Duration [Ta] 1 s

Internal Arc Gas Evacuation Rear exhaust
Rear and bottom exhaust
Bottom exhaust

Arc Fault Mitigation Device Without
With arc killer (I)

Partition Class PM

Complementar
Rated Supply Voltage Of Auxiliary
And Control Circuits (Ua)

24/48/60/110/125/220 V CC
120/230 V CA 50/60 Hz

Grau De Proteção Ip IP3X (front face with operating mechanism)
IP67 (tank with HV parts)

Degree Of Protection Of
Enclosure Against External
Mechanical Impacts (Ik Code)

IK07

Instrument Transformer Low power current transformer

Voltage Presence Type VPIS voltage presence indicating system
VDS voltage detecting system

Bushing Type Type C

Entrada De Cabo Inferior

Cable Type Single core
Three core

Cable Clamp Type Metal

Cable Cross-Section 16 to 300 mm²

Number Of Cables Per Phase 2

Classification For Number Of
Mechanical Operations

M1 circuit breaker
M0 earthing switch

Number Of Mechanical
Operations

2000 operating cycles circuit breaker
1000 operating cycles earthing switch

Rated Operating Sequence O - 3 min - CO - 3 min - CO

Classification For Electrical
Endurance

E2 circuit breaker
E2 earthing switch

Number Of Operations At Short-
Circuit Breaking Current

3
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Number Of Operations At Short-
Circuit Making Current

2 circuit breaker
5 earthing switch

Type Of Operating Mechanism CI1

Protection Relay VIP 400
VIP 410

Tipo De Bloqueio Mecânico

Tipo De Bloqueio Flat
Tubular

Key Interlock Type R1
R2

Mass 135 kg

Altura 1142 mm

Largura 572 mm NE (non extensible): 
632 mm DE (double extensible):

Profundidade 670 mm

Meio ambiente
Certificações Do Produto DNV-GL Marine

Temperatura Ambiente Para
Funcionamento

-25…40 °C

Temperatura Ambiente Para
Armazenamento

-40…70 °C

Humidity Conditions Average relative humidity over 24 h <= 95 %
Average relative humidity over 1 month <= 90 %

Altitude De Funcionamento <= 1000 m

Garantia contratual
Garantia 18 meses
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Sustentabilidade
O selo Green PremiumTM é o compromisso da Schneider Electric em fornecer produtos com o
melhor desempenho ambiental da categoria. O selo Green Premium promete conformidade com as
regulamentações mais recentes, transparência sobre impactos ambientais, bem como produtos
circulares e com baixas emissões de CO2.

O Guia para avaliar a sustentabilidade dos produtos é um white paper que esclarece os
padrões globais de etiqueta ecológica e como interpretar as declarações ambientais.

Diretiva Rohs Da Ue Não se aplica, fora do alcance da diretiva RoHS da EU

Saiba mais sobre o Green Premium 

Guia para avaliar a sustentabilidade de um produto 
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