
 Discontinued

processor - Transparent Ready -
class B - master/slave - for Advantys
STB I/O
171CBB97030

 Discontinued on: Jan 26, 2021

Main
Range Of Product Modicon Momentum automation platform

Product Or Component Type Processor

Product Compatibility Advantys STB I/O

Concept Transparent Ready

Web Server Class B

Software Designation Concept
ProWORX

Processor Name Base 186

Communication Port Protocol Modbus RS485/RS232 1 RJ45 19200 bps 2 or 4 wires
Modbus TCP/IP ETHERNET 4 RJ45 10/100 Mbps twisted shielded pairs cable CAT
5E

Complementary
Web Services Links to Schneider Electric web site

4 embedded web pages
Home pages
Ethernet statistics
Controller configuration

Communication Service Messaging 125 words, 4000 I/O message per second

Word Length 16 bit

Material Lexan

Supply Voltage Limits 19.2…42.5 V

Clock Frequency 50 MHz

Topology Multidrop Modbus
Star

Method Of Access Master/slave

Control Parameter CRC-32 for Modbus TCP/IP
CRC-16 for Modbus

Addressing IP address user assigned Modbus TCP/IP
Unique IEEE global address

Fail State Safe I/O mode Modbus TCP/IP

Memory Description Program memory IEC 200 kB
Program memory LL984 18 kB

Register Words 26032

I/O Limit Processor Capacity 8192 inputs/8192 outputs

Number Of Devices 64 ETHERNET

Product data sheet
Specifications
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Exact Time For 1 Kinstruction 0.25 ms

Local Signalling PLC LAN ST 1 LED
PLC RUN 1 LED
Ethernet port activity 4 LEDs
Port communication at 100 Mbps 4 LEDs

Marking CE

Current Consumption 100 mA 24 V DC

Module Format Standard

Product Mounting 35 mm symmetrical DIN rail

Height 2.96 in (75.2 mm)

Width 5.63 in (143 mm)

Depth 1.69 in (43 mm)

Net Weight 0.42 lb(US) (0.19 kg)

Environment
Dielectric Strength 0 V not isolated RS232

500 V for 1 minute ETHERNET

Product Certifications CSA
UL

Ip Degree Of Protection IP20 IEC 529 group A,B,C,D

Shock Resistance +/- 15 gn 11 ms semi sinusoidal wave

Vibration Resistance 1 gn 0.075 mm 10…57 Hz)
1 gn 57…150 Hz)

Resistance To Electrostatic
Discharge

4 kV contact IEC 801-2
8 kV on air IEC 801-2

Resistance To Electromagnetic
Fields

9.14 V/yd (10 V/m) 80...1000 MHz IEC 801-3

Ambient Air Temperature For
Operation

-4…158 °F (-20…70 °C)

Ambient Air Temperature For
Storage

-40…158 °F (-40…70 °C)

Relative Humidity 5…95 % without condensation

Operating Altitude <= 2000 m

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 1.77 in (4.5 cm)

Package 1 Width 6.50 in (16.5 cm)

Package 1 Length 12.40 in (31.5 cm)

Package 1 Weight 22.01 oz (624.0 g)

Unit Type Of Package 2 S02

Number Of Units In Package 2 2

Package 2 Height 5.91 in (15 cm)

Package 2 Width 11.81 in (30 cm)

Package 2 Length 15.75 in (40 cm)

Package 2 Weight 3.69 lb(US) (1.674 kg)
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Contractual warranty
Warranty 18 months
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