
Transformer, dry type, 500kVA, 3
phase, 240V delta primary, 208Y/
120V secondary, 25D, 150C rise
EE500T239H

Main
Product Energy Efficient Transformer

Enclosure Code 25D

Enclosure Type NEMA 2

Insulation Temperature 428 °F (220 °C)

Phase 3 phases

Primary Voltage 240 V delta

Power Rating 500 kVA

Secondary Voltage 208Y/120 V

Full Capacity Taps 3 5 % 1+ 2-

Temperature Rise 150 °C

Winding Material Aluminium

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Contractual warranty
Warranty 18 months

Product data sheet
Specifications
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