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Κύριος
Σειρά Προϊόντος EcoStruxure Operator Terminal Expert

Τύπος Προϊόντος Ή Εξαρτήματος Άδεια χρήσης

Μορφή Paper

Τύπος Άδειας Node locked license

Μεταβλητή Runtime

Έκδοση Λογισμικού V3.5

Operating System Requirement Windows 10 64 bit

Απαιτήσεις Συστήματος 8 GB RAM
30 GB hard-drive space

Γλώσσα Χρήστη Αγγλική
Ιταλικά
Κινέζικα
Ισπανικά
Γαλλικά
Γερμανικό
Πορτογαλικά
Κορεατικά

Συμπληρωματικός
License Category Permanent

Data sheet προϊόντος
Προδιαγραφές
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Πρωτόκολλο Θύρας Επικοινωνίας CANopen slave
Couzet Automation millenium 3 FBD
Emerson Industrial Automation Modbus SIO master
Control Techniques Modbus SIO master
Emerson Process Management ROC Plus Ethernet
Emerson Process Management ROC SIO
HTTP
IPsec
Mitsubishi A series Ethernet
Mitsubishi FX series CPU direct
Mitsubishi FX series Ethernet
Mitsubishi iQ-R/F series Ethernet SLMP client
Mitsubishi Q series CPU direct
Mitsubishi Q series QnU CPU Ethernet
Mitsubishi Q/QnA series serial
Modbus Organization Modbus SIO ASCII master
Modbus Organization Modbus SIO master
Modbus Organization Modbus SIO slave
Modbus Organization Modbus TCP master
Modbus Organization Modbus TCP slave
Omron CS/CJ/CP series host link
Omron CS/CJ/CP/NX series Ethernet
Omron CS/CJ/NJ/NX series Ethernet/IP
OPC UA server
Profibus DP slave
Rockwell Automation EtherNet/IP
Rockwell Automation DF1
Rockwell Automation DH485
Schneider Electric Modbus SIO master
Schneider Electric Modbus TCP master
Schneider Electric Modbus TCP master via USB
Schneider Electric Machine expert network
Schneider Electric PacDrive
Schneider Electric Uni-Telway
Schneider Electric Zelio Logic
Siemens Simatic S7 Ethernet
Siemens Simatic S7 MPI direct
Siemens TIA portal Ethernet
websocket

Προηγούμενη Έκδοση Λογισμικού V3.4

Λειτουργία Λογισμικού Alarms and events
Blocky script
Convertors
Import export with CSV, tab and period delimiter
Data and operation logging
Multi language development
Multi language tables
Object binding and properties
Target binding and properties
Project transfer (Ethernet, filesystem, USB cable)
Recipes
Screens (contents and folders)
Security (levels, project, users)
Project and application settings
System keypad
Text script
Color themes
Variable (arrays, binding, properties, structures)
OPC UA Server
Web server API

Εύρος Συμβατότητας Harmony GTU
Harmony GTUX
Harmony ST6
Harmony STM6
Harmony STO7
Harmony iPC

Hosting Option On-device

License Size Single (1 station)

Processor Requirement Intel core i3 8th generation
Intel core i5 8th generation

Ανάλυση Οθόνης 320 x 240 pixels HVGA ελάχιστο
3840 x 2160 pixels 4K UHD μέγιστο
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Μονάδες συσκευασίας
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 0,300 cm

Package 1 Width 17,500 cm

Package 1 Length 24,900 cm

Package 1 Weight 54,000 g

Unit Type Of Package 2 S02

Number Of Units In Package 2 16

Package 2 Height 15,000 cm

Package 2 Width 30,000 cm

Package 2 Length 40,000 cm

Package 2 Weight 1,160 kg
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