
Harmony panelbe süllyesztett
műanyag nyomógomb fej, Ø30,
fehér, "fel nyíl", szürke perem
ZB5FA334C0

Nettó listaár: 3 591,00 HUF

Termékadatlap
Műszaki adatok
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Dimensions Drawings

Dimensions

e: Clamping thickness: 1 to 6 mm / 0.04 to 0.24 in.
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Mounting and Clearance

Panel Cut-out for Pushbuttons, Switches and Pilot Lights (Finished Holes, Ready for
Installation)

Connection by Screw Clamp Terminals or Plug-in Connectors

(1) Diameter on finished panel or support

(2) Ø30.75 mm recommended (Ø30.5 0
+0.5) / Ø1.21 in. recommended (Ø1.20 in. 0

+0.0196)

Connections a in mm a in in. b in mm b in in.

By screw clamp terminals or plug-in connector 40 1.57 40 1.57

By Faston connectors 45 1.77 40 1.57
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Technical Description

Electrical Composition Corresponding to Code C1

Termékadatlap ZB5FA334C0

4 2024. ápr. 27.



Electrical Composition Corresponding to Code C2
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Electrical Composition Corresponding to Codes C9, C11, SF1 and SR1
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Electrical Composition Corresponding to Code C15

1 N/O

1 N/C

1 N/O + N/C or 1 N/O + N/O or 1 N/C + N/C
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Legend

Single contact

Double contact

Light block

Possible location
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