
Fault Passage indicator for MV
Overhead lines, clipped on the line
59938

Main
Device Short Name Flite 110-SA

Range Of Product Easergy Flite

Product Or Component Type Fault passage indicator

Rated Frequency (Fr) 50/60 Hz

Rated Voltage (Ur) 7…36 kV

Cable Outer Diameter 5…25 mm

Complementary
Setting Internal DIP switch

Inrush Restraint Duration 3 s

Reset Automatic reset 70 s voltage presence
Manual with magnet
Timer 2…16 h

Local Signalling LEDs 40 lumen

Overcurrent Protection 100 A
200 A
500 A
800 A

Overcurrent Fault 6 A
12 A
25 A
60 A
90 A
120 A
160 A

Time Delay Setting Fault acknowledge time : 30 ms

Battery Life 10 year(s)

Height 156 mm

Width 126 mm

Net Weight 0.36 kg

Environment

Lembar data produk
Spesifikasi
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Electromagnetic Compatibility Electrostatic discharge immunity test - test level: 8 kV criteria B (air discharge)
conforming to IEC 61000-4-2
Electrostatic discharge immunity test - test level: 4 kV criteria B (contact discharge)
conforming to IEC 61000-4-2
Radiated radio-frequency electromagnetic field immunity test - test level: 10 V/m, 80
MHz...1 GHz criteria A conforming to IEC 61000-4-3
Radiated radio-frequency electromagnetic field immunity test - test level: 3 V/m, 1400
MHz...2 GHz criteria A conforming to IEC 61000-4-3
Magnetic field at power frequency - test level: 30 A/m criteria A conforming to IEC
61000-4-8

Mechanical Robustness Vibrations 10…2000 Hz 2 gn 10 min conforming to IEC 60068-2-6
Vibrations 10…500 Hz 5 gn 1 h conforming to IEC 60068-2-6
Bumps 40 gn 6 ms 2000 shocks conforming to IEC 60068-2-27
Wind resistance up to 135 km/h for 25 mm diameter cable

Ip Degree Of Protection IP56

Ik Degree Of Protection IK07 conforming to IEC 62262

Ambient Air Temperature For
Operation

-40…70 °C

Relative Humidity 93 % conforming to IEC 60068-2-30

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 13.5 cm

Package 1 Width 17.5 cm

Package 1 Length 12.0 cm

Package 1 Weight 532.0 g

Unit Type Of Package 2 S04

Number Of Units In Package 2 18

Package 2 Height 30.0 cm

Package 2 Width 40.0 cm

Package 2 Length 60.0 cm

Package 2 Weight 10.378 kg

Contractual warranty
Warranty 18 months
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Keberlanjutan

Green PremiumTM label adalah komitmen Schneider Electric untuk memberikan produk dengan
performa lingkungan terbaik di kelasnya. Green Premium menjanjikan kepatuhan pada peraturan
terbaru, transparansi pada dampak lingkungan, serta produk melingkar dan rendah CO2.

Panduan untuk menilai keberlanjutan produk adalah laporan resmi yang menjelaskan standar
label lingkungan global dan bagaimana menafsirkan deklarasi lingkungan.

Transparansi RoHS/REACh

Kinerja kesejahteraan

Mercury Free

Rohs Exemption Information Yes

Sertifikasi & Standar

Reach Regulation REACh Declaration

Eu Rohs Directive Compliant with Exemptions

China Rohs Regulation China RoHS declaration

Environmental Disclosure Product Environmental Profile

Weee The product must be disposed on European Union markets following specific waste
collection and never end up in rubbish bins

Circularity Profile End of Life Information

Pelajari lebih lanjut tentang Green Premium 

Panduan untuk menilai keberlanjutan produk 
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