
4 안전 릴레이 출력 확장(나사 조건
과 백플레인 연결 포함)
XPSMCMRO0004

기본항목
제품의범위 Preventa 안전 자동화

제품 또는 구성요소 타입 Safe relay output module

모델명 XPSMCM

전기적연결 스크류터미널

[문의] 정격 공급 전압 24 V - 20 ... 20% DC

출력의수 4 릴레이

디지털출력 수 8 솔리드 스테이트 에서 125 mAdiagnostics)

모듈의기능 모니터링 안전 액추에이터 릴레이 출력

전기적/기계적 특성
Maximum Power Dissipation In W 3 W

통합된연결 타입 Backplane expansion bus

전환 전압 10 V DC

관련되는 퓨즈 등급 3.5 A, 느린-끊김

안전 레벨 카테고리 4에 도달할 수 있음 일치되는 ISO 13849-1
PL = e에 도달할 수 있음 일치되는 ISO 13849-1
SIL 3에 도달할 수 있음 일치되는 IEC 61508
SILCL 3 일치되는 IEC 62061

품질 라벨 CE

출력 타입 릴레이, 4 NO 회로, 볼트 없음

세트당수량 1

Switching Time 12 ms

최대 전환 전압 400 V AC
250 V DC

최소 전환 전류 20 mA

최대 전환 전류 6 A

터미널블록의 수 4

로컬 시그널링 LED 1개 녹색 가진 PWR 마킹파워 on
LED 1개 녹색 가진 RUN 마킹RUN (상태)
LED 1개 적색 가진 E IN 마킹internal error
LED 1개 적색 가진 E EX 마킹external error
LED 2개 주황색 가진 ADDR 마킹node address
4 LEDs 녹색/적색 가진 RELAY K1...K4 마킹relay contact
4 LEDs 노란색 가진 RST 마킹리셋

결선 2 포착 스크류 클램프 터미널, 착탈가능한 터미널 블록
1 포착 스크류 클램프 터미널, 착탈가능한 터미널 블록
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케이블단면 0.2…1.5 mm ² - AWG 24...AWG 16 유연한 케이블 엔드 없는
0.2…2.5 mm ² - AWG 24...AWG 14 유연한 케이블 엔드 없는
0.25…1 mm ² - AWG 23...AWG 18 유연한 케이블 엔드 있는, 베젤 없는
0.25…2.5 mm ² - AWG 23...AWG 14 유연한 케이블 엔드 있는, 베젤 있는
0.25…2.5 mm ² - AWG 23...AWG 14 유연한 케이블 엔드 있는, 베젤 없는
0.5…1.5 mm ² - AWG 20...AWG 16 유연한 케이블 엔드 있는, 이중 베젤 있는
0.2…1 mm ² - AWG 24...AWG 18 고체 케이블 엔드 없는
0.2…2.5 mm ² - AWG 24...AWG 14 고체 케이블 엔드 없는

취부 방식 Omega 35 mm DIN 레일 일치되는 EN 50022

너비 22.5 mm

높이 99 mm

깊이 114.5 mm

제품 무게 0.3 kg

사용환경
표준 IEC 62061

ISO 13849-1
IEC 61800-5-1
IEC 61508

제품 인증 TÜV
RCM
cULus

Ip 등급 IP20

사용온도 -10…55 °C

저장온도 -20…85 °C

상대 습도 10…95 %

오염 정도 이

[Uimp] 정격 임펄스 내 전압 4 kV 일치되는 IEC 61800-5-1

안전 안정성 데이터 B10d = 300000 이용범위 AC - 15 230 V, , <3 A 일치되는 ISO 13849-1
B10d = 750000 이용범위 AC - 15 230 V, , <1 A 일치되는 ISO 13849-1
B10d = 10000000 이용범위 DC - 13 24 V, , <2 A 일치되는 ISO 13849-1

절연 250 V AC between power supply and housing 일치되는 IEC 61800-5-1

과전압카테고리 II

전자기적합성 정전기방전 면역 테스트 - test level: 6 kV (접점에서) conforming to IEC 61000-4-2
정전기방전 면역 테스트 - test level: 20 kV (방송 중) conforming to IEC 61000-4-2
전자기성 장에 대한 민감도 - test level: 10 V/m (80...1000 MHz) conforming to IEC
61000-4-3
전자기성 장에 대한 민감도 - test level: 30 V/m (1.4 GHz...2 GHz) conforming to IEC
61000-4-3

내진동 +/-0.35 mm (f= 10…55 Hz) 일치되는 IEC 61496-1

내충격성 10 GN 16 ms 1000 shocks on each axis) 일치되는 IEC 61496-1

전기적내구성 20000000 주기

기계적내구성 20000000 주기

서비스수명 20 년

포장 단위
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 4.2 cm

Package 1 Width 12.5 cm
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Package 1 Length 16.1 cm

Package 1 Weight 294.0 g

Unit Type Of Package 2 S01

Number Of Units In Package 2 6

Package 2 Height 15.0 cm

Package 2 Width 15.0 cm

Package 2 Length 40.0 cm

Package 2 Weight 1.991 kg

계약 보증
보증 18 개월
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지속 가능성
Green PremiumTM 레이블은 동급 최고의 환경 성능을 갖춘 제품을 제공하기 위한 슈나이더 일렉트
릭의 약속입니다. Green Premium은 순환 및 CO2 제품을 비롯하여 최신 규정 준수, 환경 영향에 대

한 투명성 제공
제품 지속 가능성 평가를 위한 가이드는 글로벌 에코라벨 표준과 환경 선언의 해석 방법을 명확히 하
는 백서입니다.

웰빙 성과

Svhc 없는 Reach

수은 없음

Rohs 면제 정보 예

Pvc 없음

Reach 규정 REACh 선언

Eu Rohs 지침 선제 준수(EU RoHS 법적 범위 외 제품)

중국 Rohs 규정 중국 RoHS 선언

Weee 이 제품은 EU 시장에서 특정 폐기물 수집 절차에 따라 폐기되어야 하며, 휴지통에 버
려서는 안됩니다.

Green Premium 자세히 알아보기 

제품 지속 가능성 평가 가이드 
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https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_REACH_DECLARATION&p_FileName=XPSMCMRO0004_REACH_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_REACH_DECLARATION&p_FileName=XPSMCMRO0004_REACH_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_REACH_DECLARATION&p_FileName=XPSMCMRO0004_REACH_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_CHINA_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_CHINA_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_CHINA_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_CHINA_DECLARATION_KR_ko-KR.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=XPSMCMRO0004_ROHS_CHINA_DECLARATION&p_FileName=XPSMCMRO0004_ROHS_CHINA_DECLARATION_KR_ko-KR.pdf


Dimensions Drawings

Dimensions

Screw Terminal
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Mounting and Clearance

Mounting Safety Controller CPU with Module(s)

Mount BackPlane Connector on Rail

1 : Connect as much Backplane Connector as module to be install.
2 : Fix the connectors to the rail (Top first).

Mount Safety Controller CPU with Other Module(s)

1 : Mount controller CPU and modules on rail.
2 : Make sure that the controller CPU or the module(s) are plugged on the BackPlane connector.

제품 데이터 시트 XPSMCMRO0004
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Connections and Schema

Wiring

Category 2 Wiring

a : Restart
b : Feedback
c : Load
d : Fuse

Category 4 Wiring

a : Restart
b : Feedback
c : Load
d : Fuse

제품 데이터 시트 XPSMCMRO0004
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