
 Discontinued

Actassi FL-C Fibre Optic Cable OM2
50/125µm loose tube 4 fibres cut
VDIC52204LM

 Discontinued on: 23 Jan 2021

Main
Range Actassi

Product Fibre optic cable multi mode

Device Application Communication

Cable Packaging Cut to length

Complementary
Maximum Attenuation 0.6 dB at 1300 nm

2.5 dB at 850 nm

Bandwidth 500 MHz.km at 1300 nm
500 MHz.km at 850 nm

Fibre Performance OM2 50/125 µm

Optic Fibre Type Loose tube diameter: 250 µm

Type Of Cable Non armoured

Number Of Optic Fibre 4

Bending Radius 10 x overall diameter long term
20 x overall diameter short term

Pulling Force 1500 N

Crush Resistance 1500 N/m

Refractive Index Group 1.482 at 850 nm
1.477 at 1300 nm

Colour External sheath: green, RAL 6018

Type Of Installation Indoor/outdoor

Cabling Installation System Cable duct

Calorific Value 0.542 MJ

Diameter 6.2 mm

Cable Weight 41 kg

Targeted Region Europe

Environment
Ambient Air Temperature For
Operation

-20…70 °C

Ambient Air Temperature For
Installation

-5…50 °C

Ambient Air Temperature For
Storage

-40…70 °C

Product datasheet
Specifications
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Flame Retardance LSZH

Environmental Characteristic Rodent retardant: glass yarn
Water resistant (longitudinally): gel
Water resistant (longitudinally): swellable yarn
UV resistant:

Standard Cable specification conforming to IEC 60794-2
Cable test procedure conforming to IEC 60794-1-2
Fibre colour coding conforming to TIA/EIA-598-A
Fibre performance conforming to IEC 60793-2-10 Type A1a.1
Fibre performance conforming to ITU G.651
Flame retardance conforming to IEC 60332-1
conforming to IEC 60754-1
conforming to IEC 60754-2
conforming to IEC 61034
Fibre performance conforming to ISO/IEC 11801:2011 Ed.2.2 OM2

Contractual warranty
Warranty 18 months
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