
Bluetooth connection 
 
You Must First Pair the Bluetooth to your computer: 
 
1. Connect to or enable the Bluetooth adapter on your computer. 
2. Connect a blue tooth dongle (part number TCSWAAC13FB) or enable the blue tooth function on the drive 

(ATV32). 
3. From your control panel or task bar: 

3.1. Click on “Bluetooth Devices”. 

  
3.2. If the devise is not shown click on “Add” 

3.3. Select the checkbox “My device is setup and ready to be found”  
3.4. Click “Next” (your adapter will search for devices and display it if found). 

 
3.5. Select the device 
3.6. Click “Next” 
3.7. Select “Use the passkey found in the documentation” (usually “6699”).  Note: for the ATV32 set 

address from the setup parameter “btP1” [PIN code] to a value other than 0.  Use this number as the 
passkey. 



  
3.8. Click “Next” (you should connect to the device) 
3.9. Write down the “Outgoing” com port listed in the window (required when setup of PowerSuite). 

  
3.10. Click “Finish”. 

4. If using PowerSuite. 
4.1. Launch PowerSuite 
4.2. From the “Connections” folder 

4.2.1. Double click “Bluetooth”  
4.2.2. Select the “Outgoing” com port written down from the previous step. 
4.2.3. Double click “Serial Monodrop” in the connections folder in PowerSuite 
4.2.4. Select the com port from the previous step. 

4.3. From the “Action” menu click on “identify” 
 
Note:  The default baud rate is 19.2. 
 
If using SoMove 

1. Open SoMove and click on “Edit Connection” 

 

2. Click on “Blue Tooth” then “Advanced”  



 
3. Select the down arrow beside “COM Port” 
4. Select the Outgoing COM port listed from step 3.9 above. 
5. Select “Monopoint” 
6. Enter the address from the ATV32 setup parameter “btP1” 

 
Click on “Test” 
 

 
7. Clicking okay will take you back to the main SoMove screen.  The connection to the drive can be done 

by clicking “Connect” 



From the Device Manager 

 
 

 


