
temperaturni transmiter - 100..100
°C/148..212 °F - za Optimum
Pt100 sonde
RMPT23BD

Cena* bez PDV-a: 14.692,00 RSD

Osnovne informacije
Grupa Proizvoda Harmony Analog

Tip Proizvoda Ili Komponente Konvertor za Optimum Pt100 sonde

Tip Analognog Ulaza Temperaturna sonda - 100...100 °C/- 148...212 °F Pt 100 2, 3 ili 4 žice

Tip Analognog Izlaza Napon 0...10 V >= 100 kOhm

Dopunske informacije
Tip Zaštite Zaštita od promene polariteta napajanja

Prenaponska zaštita na izlazu (+/- 30 V)
Zaštita od promene polariteta na izlazu
Zaštita od kratkog spoja na izlazu

Abnormal Analogue Output
Voltage

-15...-11 V kada nema ulaznog signala ili u slučaju prekida kabla
11...15 V kada nema ulaznog signala ili u slučaju prekida kabla

Abnormal Analogue Output
Current

-30…0 mA kada nema ulaznog signala ili u slučaju prekida kabla
22…30 mA kada nema ulaznog signala ili u slučaju prekida kabla

[Us] Nazivni Napon Napajanja 24 V DC neizolovano +/- 20%

Potrošnja Struje <= 40 mA za napon izlaza
<= 60 mA za strujni izlaz

Lokalna Signalizacija Zauključen uređaj: LED (zelena)

Greška Merenja +/- 0.5 % od pune skale (3 ili 4 žice) pri 20 °C (temporary performance degradation
when subject to electromagnetic interference)
+/- 1 % od pune skale (2 žice) pri 20 °C

Tačnost Ponavljanja +/- 0.2 % pune skale pri 20 °C
+/- 0.6 % pune skale pri 60 °C

Temperaturni Koeficijent 150 ppm/°C

Maksimalna Otpornost Žice 0,2 Ω povezivanje u 2 žice

Kapacitet Priključka 2 x 1.5 mm²
1 x 2.5 mm²

Moment Pritezanja 0,6…1,1 N.m

Označavanje CE

Podnosivi Naponski Udar 0,5 kV tokom 1.2/50 µs u skladu sa IEC 61000-4-5

[Ui] Nazivni Napon Izolacije 2000 V

Način Fiksiranja Sistem na klik (35 mm simetrična DIN šina)
Fiksiranjem (montažna ploča)

Sigurnosni Podaci O Pouzdanosti B10d = 40564
MTTFd = 43.9 godina

Masa Proizvoda 0,12 kg

Lista sa podacima o proizvodima
Specifikacije
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Sve cene koje su navedene u ovom cenovniku su informativne i neobavezujuće, bez PDV-a, isključivo u odnosu na ovlašćene
distributere kompanije Schneider Electric. Svi prikazi, opisi i tehničke specifikacije i podaci u ovom cenovniku su podložni promenama
od strane kompanije Schneider Electric bez prethodne najave.
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Okruženje
Elektromagnetna Kompatibilnost Elektrostatička pražnjenja - test level: 6 kV nivo 3 (kontakt pražnjenja) conforming to

IEC 61000-4-2
Elektrostatička pražnjenja - test level: 8 kV nivo 3 (pražnjenje u vazduhu) conforming
to IEC 61000-4-2

Standardi IEC 60947-1
IEC 60584-1
DIN 43760
IEC 60751

Sertifikacija Proizvoda CSA
UL
GL

Ip Stepen Zaštite IP20 (priključni blok)
IP50 (kućište)

Otpornost Na Vatru 850 °C u skladu sa IEC 60695-2-1
850 °C u skladu sa UL

Otpornost Na Udare 50 gn za 11 milisekundi u skladu sa IEC 60068-2-27

Otpornost Na Vibracije 5 gn (f= 10…100 Hz) u skladu sa IEC 60068-2-6

Otpornost Na Brze Prelaze 1 kV u skladu sa IEC 61000-4-4 (na ulazu-izlazu)
2 kV u skladu sa IEC 61000-4-4 (na napajanju)

Smetnje Emisije Vezane Sa
Vodovima I Zračenjem

CISPR 22 grupa 1 - klasa B
CISPR 11

Temperatura Okoline Za
Skladištenje

-40…85 °C

Temperatura Okoline Za Rad 0…50 °C montaža uporedo
0…60 °C 2 cm razmaka

Stepen Zaprljanosti 2 u skladu sa IEC 60664-1

Pakovanje
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 2,7 cm

Package 1 Width 8,2 cm

Package 1 Length 8,5 cm

Package 1 Weight 108,0 g

Unit Type Of Package 2 S02

Number Of Units In Package 2 47

Package 2 Height 15 cm

Package 2 Width 30 cm

Package 2 Length 40 cm

Package 2 Weight 5,584 kg

Unit Type Of Package 3 P06

Number Of Units In Package 3 752

Package 3 Height 75 cm

Package 3 Width 40 cm

Package 3 Length 80 cm

Package 3 Weight 106,216 kg
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Ugovorna garancija
Garancija 18 months
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Održivost

Oznaka Green PremiumTM je posvećenost kompanije Schneider Electric isporuci proizvoda sa
ekološkim performansama najboljim u klasi. Green Premium obećava usaglašenost sa najnovijim
propisima, transparentnost u pogledu uticaja na životnu sredinu, kao i sa cirkularnim i
niskonaponskim CO2 proizvodima.

Vodič za procenu održivosti proizvoda je bela knjiga koja razjašnjava globalne standarde za
oznaku ekološke prihvatljivosti i način tumačenja ekoloških izjava.

Prozirnost RoHS/REACh

Performanse dobrobiti

Bez Žive

Informacije O Rohs Izuzecima Da

Sertifikacija i standardi

Propis Reach REACh deklaracija

Eu Rohs Direktiva Proaktivna usaglašenost (proizvod nije u zakonskom okviru direktive EU RoHS)

Rohs Regulativa Za Kinu RoHS deklaracija za Kinu

Izjava O Zaštiti Okoliša Profil ekološke prihvatljivosti proizvoda

Weee Ovaj proizvod je na tržištima Evropske unije neophodno odložiti u skladu sa
specifičnim smernicama za prikupljanje otpada i nikako ne sme da dospe u
kontejnere za otpatke.

Profil Cirkularnosti Informacije o kraju radnog veka

Saznajte više o oznaci Green Premium 

Vodič za procenu održivosti proizvoda 
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Dimensions Drawings

Analog Interface (Converter)

Dimensions

(1) Terminal block AB1TP435U or AB1RRNTP435U2

Lista sa podacima o
proizvodima

RMPT23BD
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Mounting and Clearance

Mounting

Mounting on Rails AM1•••••

Panel Mounting

Lista sa podacima o
proizvodima

RMPT23BD
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Connections and Schema

Analog Interface: Converter for Optimum Pt100 Probe

Wiring Diagram

(1) Use 1 output only.
The input, output and power supply lines must be kept away from the power cables to avoid effects due to induced
interference.
The supply, input and output cables must be shielded as indicated in the schemes and must be kept away from each
other.

Input Connections
2-wire type

RL1 + RL2 ≤ 200 mΩ
3-wire type

RL1 = RL2 = RL3
RL1 + RL2 ≥ 200 Ω
4-wire type

RL1 + RL2 ≤ 200 Ω

Lista sa podacima o
proizvodima

RMPT23BD

26. 4. 2024. 7


	Lista sa podacima o proizvodima

