
Push-button head, Harmony
9001K, metal, metal mushroom
60mm, black, 30mm, spring return
9001KR25BM

Price*: 101.00 USD
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Price is “List Price” and may be subject to a trade discount – check with your local distributor or retailer for actual price.
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Dimensions Drawings

Dimensions

e panel thickness: 1 to 6 mm / 0.04 to 0.24 in.
a 28 mm / 1.10 in.
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Mounting and Clearance

Contact Block Mounting Position

Top and Rear views

(1) It is possible to mount up to 3 levels of contacts blocks (maximum of 6 contacts blocks)
(2) Operator
(3) Locating notch
(4) Side 1
(5) Side 2
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Panel Cut-Out

Clearance 

Legend plate a min. b min.

mm in. mm in.

9001KN2•• 57.2 2.25 57.2 2.25

9001KN3•• 57.2 2.25 57.2 2.25

Individual Cut-outs Details
2 alternatives
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