
Panelboard, I-Line, 400A, 1 phase,
600A NQ lighting section with 42
circuits, Cu bus
CP118864N4Q6C

Main
Range I-Line

Product Type Panelboard

Lighting Section Type NQ

Provided Equipment Neutral bar copper)

Circuit Breaker Type JD/JG/JJ/JL
LD
HD/HG/HJ/HL
LL
QJ
QD
LG
PK
LA/LH
QO
FC
Q4
LJ
LI
QOB
QB
QG
FA

Complementary
Rated Current 600 A

Lighting Section Current 600 A

Rated Operational Voltage 600Y/347 V AC
48 V DC

Breaking Capacity 10…200 kA main
3…200 kA branch

Main Type Main lugs
Main breaker

Lighting Section Number Of
Circuits

42

Number Of Phases 1 phase

Height 86 in (2184.40 mm)

Width 26 in (660.40 mm)

Depth 9.5 in (241.30 mm)

Environment
Nema Rating NEMA 3R/5/12

NEMA 1
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Price is “List Price” and may be subject to a trade discount – check with your local distributor or retailer for actual price.
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Certifications UL Listed
CE
cULus

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1
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