
 Bán dịch vụ hạn chế

45A Double Pole Switch with Blue
LED, Grey Silver
E3031DR45_EBGS

 Ngừng sản xuất vào: 23 thg 1, 2021

 Ngừng cung cấp dịch vụ vào: 24 thg 1, 2021

Main
Range Neo

Wiring Device Mounting Flush
Surface

Switch Function 2-pole

Switch Application Switch

Load Type Inductive
Resistive
Incandescent lamp

Bulb Type LED (blue)

Colour Tint Grey silver

Complementary
Rated Current 45 A at 250 V AC 50/60 Hz

Material Polycarbonate: plastic part

Clamping Connection Capacity 1 x 23 mm² for solid cable(s)
1 x 23 mm² for stranded cable(s)

Connections - Terminals Pillar terminals

Width 87 mm

Height 87 mm

Embedding Depth 16.8 mm

Depth 28.3 mm

Environment
Ambient Air Temperature For
Operation

0…40 °C

Relative Humidity 0…95 %

Environmental Characteristic Indoor use

Standards IEC 60669-1

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 2.2 cm

Package 1 Width 8.6 cm

Bảng thông số sản phẩm
Thông số kỹ thuật
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Package 1 Length 8.6 cm

Package 1 Weight 75 g

Contractual warranty
Warranty 18 months

2 23 thg 4, 2024
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