
 Discontinued

ARA auto recloser aux for iID 4P - 4
Prog
A9C70334

 Discontinued on: May 27, 2019

Main
Product Or Component Type Automatic recloser auxiliary

Device Short Name ARA iID

Signal Contacts Composition 2 OF volt-free contacts

Signalling Circuit Voltage Volt-free contact 24...230 V 0.01…1 A AC

Complementary
Control Type Inhibition of automatism maintained 230 V AC 50/60 Hz

Ultimate reclosing impulse 230 V AC 50/60 Hz

Input Current 5 mA

Impulse Duration >= 200 ms control circuit

[Us] Rated Supply Voltage 230 V AC 50/60 Hz

[Ui] Rated Insulation Voltage 400 V

[Uimp] Rated Impulse Withstand
Voltage

6 kV

Value Of Setting Program 1: 1 reclosing attemp, short cycle
Program 2: 3 reclosing attemps, short cycle
Program 3: 5 reclosing attemps, long fixed cycle
Program 4: 5 reclosing attemps, long progressive cycle

Local Signalling Flashing orange LED: not operational
Flashing green LED: normal operation
Flashing red LED: reclosing cycle in progress
Fixed red LED: automatic recloser locked

Mounting Mode Fixed

Mounting Support DIN rail

Comb Busbar And Distribution
Block Compatibility

NO

9 Mm Pitches 7

Height 93 mm

Width 63 mm

Depth 75.5 mm

Net Weight 0.47 kg

Colour White

Electrical Durability 5000 cycles

Provision For Padlocking Padlockable
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Wire Stripping Length Power supply: 10 mm for bottom connection
Input: 10 mm for bottom connection
Output: 8 mm for top connection

Tightening Torque Power supply: 1 N.m
Input: 1 N.m
Output: 0.7 N.m

Range Compatibility Acti 9 Acti9 iID residual current circuit breaker (RCCB)

Product Compatibility 4P iID

Environment
Ip Degree Of Protection IP20 conforming to IEC 60529

Pollution Degree 3 conforming to IEC 60947

Overvoltage Category II

Tropicalisation 2

Relative Humidity 93 % at 40 °C

Ambient Air Temperature For
Storage

-40…70 °C

Ambient Air Temperature For
Operation

-25…60 °C

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Package 1 Height 9 cm

Package 1 Width 11.2 cm

Package 1 Length 16.5 cm

Package 1 Weight 0.585 kg

Contractual warranty
Warranty 18 months
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