
RN2D and RN2C, Ringmaster, gas
insulated switchgear
MSGRI005

Main
Range Of Product Ringmaster

Product Or Component Type Gas insulated switchgear

Device Short Name RN2d

Device Composition 1 x switch 630 A
1 x circuit-breaker 200 A

Enclosure Type NE (not extensible)

Standards IEC 62271-100

Network Type AC

Rated Frequency (Fr) 50/60 Hz

Rated Voltage (Ur) 12 kV

Rated Lightning Impulse
Withstand Voltage (Up)

60 kV peak
75 kV peak
95 kV peak

Rated Short-Time Withstand
Current (Ik)

21 kA rms 3 s

Complementary
Ip Degree Of Protection IP54

Bus Rated Current 630 A

Control Type Manual CO - 15 sec - CO

Mounting Mode Free standing

Cb Electrical Endurance Class E3 100 kA switch
E2 21 kA circuit-breaker
E5 5 cycles earthing switch
E2 5 cycles earthing switch
E3 5 cycles switch

Cb Mechanical Durability 1000 cycles M1 circuit-breaker
5000 cycles M1 switch
1000 cycles M0 earthing switch
1000 cycles M0 earthing circuit-breaker

Cb Rated Interrupted Current 10 A class C2 line charging: 
25 A class C2 cable charging:

Height 1738 mm

Width 952 mm

Depth 846 mm

Product Weight 380 kg

Environment

Product data sheet
Specifications

Apr 23, 2024 1

D
is

cl
ai

m
er

: T
hi

s 
do

cu
m

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns



Ambient Air Temperature For
Operation

-25…40 °C

Ambient Air Temperature For
Storage

-25…40 °C

Operating Altitude <= 1000 m

Packing Units
Unit Type Of Package 1 PCE

Number Of Units In Package 1 1

Contractual warranty
Warranty 18 months
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